
Ortronics
Infinium Legacy M4 Cassette  LC Quad, Tier 1, 62.5 MM, 24 Fiber, 2 MPO
Part No. M4LCQ24-62

Cassette, M4, LC Quad, 1U, 62.5/125, 24F, 2MTP(M)

Features & BenefitsFeatures & Benefits

Premium performance cassette insertion loss: 0.50dB
maximum

Standard performance cassette insertion loss: 0.75dB
maximum

1.05dB total insertion loss for single-mode system Insertion loss value for each port printed on adhesive data label

SpecificationsSpecifications

General InfoGeneral Info

Product  LineProduct  Line Ortronics UPC NumberUPC Number 662875804833

Country Of OriginCountry Of Origin China Applicat ion SectorApplicat ion Sector Commercial

StandardStandard TIA-568-C.3 TypeType Cassette

DimensionsDimensions

Product  Width USProduct  Width US 3.45 in Product  Depth USProduct  Depth US 4.77 in

Product  Height  USProduct  Height  US 1.14 in

Additional InformationAdditional Information

RoHS ConformantRoHS Conformant Yes Product  Environmental ProfileProduct  Environmental Profile Yes
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