
AccentPLUS1 6.5” Ceiling Speaker. Specifications

Speaker Components
Tweeter                                                                Magnet: Neodymium

Dome: 20mm Silk 
Pivoting 30 degrees

Woofer                                         Magnet: 10 oz/ 80x30x15mm/Y35 
Voice Coil: 1.0” Kapton 

Cone: Etched Polypropylene
Surround: Butyl Rubber

Dust Cover: Polypropylene

Crossover
Tweeter 	                                                                               12dB/Octave 
						                4kHz
Woofer                                                                                                    N/A

Electrical
Power Rating                                                                                       50W
Impedence                                                                                      8 ohm
Frequency Response                                                         55Hz-20kHz
Efficiency                                                                            91 dB 1W/1M

Mechanical
Dimensions (HxW)                                                             9” Diameter

228 mm Diameter
Cutout Dimensions                                                                                8”

204 mm
Depth			                                                                      

3”
75 mm
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