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CAUTION:  VERIFY WIRING, LABEL ON MODULE SHOULD

BE STAMPED '56BA’ or 568B° or 'USOC.
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CABLE INSTALLATION
NOTE: Maintaln pair twist up to point of tarminatian,
for moximum data perfarmonce.

The stotien cobles must be routed ot the rear af the IMQ
autlet as disployad in the drawing abave.

Excess wires must be trimmed when using push—on caps
to tarminate the statibn wire to the 110 type Insert.

NOTE: SEE REVERSE SIPE FOR CABLE TERMINATION INSTRUCTIONS.
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NOTE: The MINIMUM DEPTH
of the WALL OUTLET
sheould be 1.5C inches,
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Side 1 REVISIONS

CAUTION: VERIFY WIRING, LABEL ON MGDULE SHOULD
BE STAMPED ‘568A" or '568B° or USOC.
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CABLE INSTALLATION

NOTE: Maintain palr twilet up ta paint of tarminatbon,
for maximum dota perfermance.
The statlon cables must be reuted at the rear of the IMO
outlet os displayed In the drawing above.
Excess wires must be tdmmed when using push—en capse
to terminate the statian wire ta the 110 type insart.

NOTE: SEE REVERSE SIDE FOR TCABLE TERMINATION INSTRUGCTIONS.

NQTE: The MINIMUM DEFTH
of the WALL QUTLET
shoukd ke 1.50 inches.
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1. MOUNT WALL PLATE TO WALL
WITHOUT THE MODULES
INSTALLED INTO FACEPLATE.

2. BRING ALL STATION CABLES
THROUGH THE OPENING OF
THE FACEPLATE.

3. INSTALL 1ST MODULE
INTO THE FACEFLATE WITH
THE TERMINAL STRIP FACING
OUT. THIS WILL SUPPORT
THE MODULE DURING
THE CABLE LEAD PUNCH
DOWN TO THE TERMINAL STRIP.

4. TERMINATE ALL STATION CABLES
TO THE MODULES.

5. REVERSE THE MODULES AND
SNAP INTO THE FACEPLATE.

DATE: 04/02/1897 REV.: 1 PART# 71600084 CAD: ODOBE42
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1. MOUNT WALL PLATE TO WALL
WITHOUT THE MODULES
INSTALLED INTO FACEPLATE.

2. BRING ALL STATION CABLES
THROUGH THE OPENING OF
THE FACEPLATE.

3. INSTALL 1ST MODULE
INTO THE FACEPLATE WITH
THE TERMINAL STRIP FACING
QUT. THIS WILL SUPPORT
THE MODULE DURING
THE CABLE LEAD PUNCH
DOWN TO THE TERMINAL STRIP.

4. TERMINATE ALL STATION CABLES
TO THE MODULES.

5. REVERSE THE MODULES AND
SNAP INTO THE FACEPLATE.

DATE: 04/02/1997 REV.. 1 PART# 71600084 CAD: 000842



