o 125 EUGENE O'NEILL DRIVE T CLARITY, 12 PORT
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& ORTRONICS .
FAX: 860-405-2990 89D SNAP MOUNT AND HINGED
CLARITY 6, CLARITY 5E,
TYPE WIRING CAT6 12 PORT | CATS5e 12 PORT
PART # PART #
89D
BRACKET UNIVERSAL PMP61289 PMP5E1289
SNAP MOUNT
HINGED UNIVERSAL PMP612H PMPSE12H
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FRONT VIEW REAR VIEW FRONT VIEW INSIDE VIEW
SNAP MOUNT 89D BRACKET HINGED BOX SWUNG OPEN
4—PAR .
NOTE: SHIPPED TWISTED Gp—
T WITH 89D BRACKET. CABLE ._Yg'REBRAIcK“ErGﬂ e ) ”
) ’ﬁ = q JACK 1 3.43
1.87 U U — 89D BRACKET WHITE / BLUE .
J 2.43
L— 2.82" —»‘

BOTTOM VIEW
MAINTAIN PAIR TWIST
UP TO POINT OF
TERMINATION.
4 PAIR CABLE T568A 4 PAIR CABLE 75688 18
COLOR CODE 8 POS, JACK | COLOR CODE 8 POS, JACK ,Ef,fs SUGGESTED ACCESSORY TOOL
T568A RJ45 WIRING T568B RJ45 WIRING | 110 IMPACT TOOL FOR
#s TERMINATION OF CABLE PAIRS
OR-60300005 (TOOL & BLADE)
WHITE /BLUE 5 WHITE /BLUE 5 OR-60300006 (BLADE ONLY)
BLUE /WHITE 4 BLUE /WHITE 4 o
WHITE /ORANGE 3 WHITE /ORANGE 1 1. PANEL IS SUPPLIED WITH T568B
ORANGE /WHITE 6 ORANGE /WHITE 2 LABEL IN PLACE. FOR T568A WIRING,
WHITE /GREEN 1 WHITE /GREEN 3 ATTACH TWO SUPPLIED T568A
GREEN/WHITE 2 GREEN/WHITE 8 2 %'Z'H%.h"%iﬁﬁ' TWIST UP TO POINT
WHITE /BROWN 7 WHITE/BROWN 7 " OF TERMINATION FOR MAXIMUM
BROWN /WHITE 8 BROWN /WHITE 8 DATA_ PERFORMANCE.
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