
Begin Connectrac Flex® Raceway 
in Open Spaces
The Poke-Thru Entrance allows the Connectrac Flex® Raceway 
system to be started at nearly any point along a concrete floor, 
eliminating the need to feed power and data from a nearby wall. 
This is ideal for open spaces where walls are kept to a minimum in 
favor of a more open and collaborative working space. The specially 
designed poke-thru and entrance fitting provides a low-profile 
transition that fits into a 4” core-drilled opening, perfect for new 
builds or retrofits. The poke-thru can be used with either the on-floor 
or under-carpet Flex raceway systems to extend power and data into 
spaces to allow for a high level of flexibility to power your space.

WIREMOLD®

Poke-Thru Entrance for Connectrac Flex® 

Features & Benefits
• 4” Core Size – Allows for a drop-in replacement with

existing 4” poke-thru devices or in a new core hole location
• Expanded Reach – Expand the reach of a standard 4” poke-

thru with the Flex Raceway system by up to 75’, eliminating
the amount of individual core holes needed to support
power/data/av distribution in open spaces

• High Data Capacity – Supports up to 18 CAT 6 cables in
pass-through to the Flex Raceway system to support 18
individual ports from a single poke-thru installation

• Versatile Floor Installation Options – Compatible with
both under-carpet and on-floor Flex Raceway systems for
seamless integration

• 2-Hour Fire Rating – Intumescent material that maintains
the fire rating of any floor for up to 2 hours

• 4-Circuit Power – Provides 4-circuit power feed for
Connectrac Flex Raceway

UL Listed Metallic Outlet Box: File Number E2961. Guide QCIT

cULus Listed Multioutlet Assembly Fittings: File Number E514566. Guide PVUR/PVUR7
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Vertical Markets
• Commercial
• Hospitality

• Retail
• Education

• Entertainment
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Connectrac Flex Raceway Wire Fill Capacities for Communications

O.D. (Approx Dia.)
# of Cables per 

Powertrac
# of Cables 

per Datatrac Max # of 
Cables Per 
Poke-Thru 
Transition

CABLE/WIRE 
SIZE Inches [mm]

Wire Cross-
Sectional 

Area
CTONP &
  CTFXP CTMXP

CTFXD, 
CTOND, & 

CTMXD
UNSHIELDED 
TWISTED PAIR  

4-Pair, 23
AWG, Cat 6

0.250 [6.4] 0.049 6 12 18

4-Pair, 23
AWG, Cat 6A

0.354 [9.0] 0.098 2 3 6 9

COAXIAL  RG6/U 0.270 [6.9] 0.057 3 5 10 15

*	System can support up to 2 Datatracs, one on either side of the poke-thru fed Powertrac.

Connectrac Flex Powertrac Data Capacities
Under-Carpet & On-Floor Installation

In-Carpet Installation

System Components
Components Required for Poke-Thru Entrance

Required Optional

Poke-Thru Transition Poke-Thru Entrance Fitting
Datatrac Entrance–  

Supports up to 2 per run
Under-Carpet Installation (FX) CTPT4 CTFXP CTFXD
On-Floor Installation (ON) CTPT4 CTONP-SV (Silver) or 

CTONP-DG (Dark Gray)
CTOND-SV (Silver) or CTOND-DG 

(Dark Gray)
In-Floor Installation (MX) CTPT4 CTMXP-SV (Silver) or 

CTMXP-DG (Dark Gray)
CTMXD-SV (Silver) or CTMXD-DG 

(Dark Gray)

Add datatracs to left or right of  
powertracs for added data capacity

Starting a Flex System with a Poke-Thru Entrance Fitting
The Poke-Thru Entrance Fitting is designed to connect 
directly to a power hub which can be populated with a 
power device, hardwire device or covered with a hubcap. 
Powertracs can then be connected from the power hub to 
extend the length of the raceway. This differs from the wall 
entrance fittings which are designed to connect directly with 
a powertrac to start the run.

The fitting can also mate to a corner connector, changing the 
direction of the run by 90° to the left or right from the poke-
thru entrance direction. 
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Connectrac Poke-Thru Entrance Ordering Information

Catalog No./Item	 Description/Specifications

Country of Origin: USA

4” Poke-Thru Transition for Connectrac Flex – Poke-Thru specifically 
designed to be integrated with the Connectrac Flex on-floor or under-
carpet raceway. Provides power and data channels for separation of 
services within poke-thru and provides a 2-hour fire rating classification. 
Must be used in conjunction with the appropriate on-floor or under-carpet 
entrance fitting to connect to the Flex raceway system.

CTPT4

4 in.
[102 mm]

4.25 in.
[108 mm]

19 in.
[483 mm]
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Connectrac Poke Thru Ordering Information

Catalog No./Item Description/Specifications Catalog No./Item Description/Specifications

Country of Origin: China

Under-Carpet Poke-
Thru Entrance Fitting, 
Powertrac –  Pairs with 
Poke-Thru Transition 
(CTPT4). Includes all 
elements needed for a 13” 
starter section – entrance 
fitting for powertrac, 
under-carpet transition 
ramps and under-carpet 
raceway cover.

CTFXP

Country of Origin: USA

On-Floor Poke-Thru 
Entrance Fitting, 
Powertrac – Attaches to 
CTPT4 and is used to start 
Connectrac Flex over floor. 
Includes all ramps needed 
for 13" starter section. 
Available either in Silver 
(CTONP-SV) or Dark Gray 
(CTONP-DG) finishes.

CTONP-SV 
CTONP-DG

Country of Origin: USA

On-Floor Poke-Thru 
Entrance Fitting, 
Datatrac – Add additional 
communication channels 
to over floor poke-thru 
transition. Installs on left 
or right-side of poke-thru 
entrance fitting. Available 
either in Silver (CTOND-
SV) or Dark Gray (CTOND-
DG) finishes.

CTOND-SV 
CTOND-DG

Country of Origin: China

In-Carpet Poke-Thru 
Entrance Fitting, 
Powertrac – Attaches 
to CTPT4 and is used to 
start Connectrac Flex with 
in-carpet installations. 

cable capacity by utilizing 
a taller cover which is 
exposed through carpet 
with under-carpet 
transition ramps. Includes 
all carpet ramps needed 
for 13" starter section. 
Available either in Silver 
(CTMXP-SV) or Dark Gray 
(CTMXP-DG) finishes.

CTMXP-SV 
CTMXP-DG

Country of Origin: USA

Under-Carpet Poke-
Thru Entrance Fitting, 
Datatrac – Add additional 
communication channels 
to under-carpet poke-thru 
transition. Installs on left 
or right-side of poke-thru 
entrance fitting.

CTFXD

Country of Origin: USA

In-Carpet Poke-Thru 
Entrance Fitting, 
Datatrac – Add additional 
communication channels 
to Poke-Thru transition 
with in-carpet entrance 
fitting. Installs on left or 
right-side of entrance 
fitting. Available either 
in Silver (CTMXD-SV) or 
Dark Gray (CTMXD-DG) 
finishes. 

CTMXD-SV 
CTMXD-DG
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