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WATTSTOPPER® PLUS

4” LCD TOUCH SCREEN DISPLAY PANEL
RTI-KX4

DESCRIPTION

The Encelium KX4 Touchscreen is a 97.2 mm (4 inches) flush-
mount LCD touchscreen display that provides the ability to 
recall multiple lighting scenes for a given zone. It’s ideal for 
large multi-purpose spaces where lighting requirements vary 
throughout the day, such as an auditorium or conference room. 

With an intuitive panel design, users will be able to easily 
command various lighting scenarios to achieve the desired 
atmosphere. The LCD touchscreen provides multiple functions 
in each lighting zone such as setting brightness levels, recalling 
set scenes, and switching zones. 

The KX4 Touchscreen is powered using a Power over Ethernet 
(PoE) Injector or PoE Network Switch.  

FEATURES

•	 Control multiple lighting scenes for multi-purpose spaces

•	 Allows for tunable white lighting and shade control

•	 Screen appearance can be personalized for every space

•	 Perfect use for auditoriums, board rooms, large classrooms, 
and any multi-purpose space

Powered using Power-over-Ethernet 
(PoE) Injector or PoE Network Switch

Wall Mount, using mounting wings or 
screws through the front plate

Integrated high-resolution projected 
capacitive touch screen

High brightness color TFT LCD, WVGA 
(400 x 800 pixels) with 16.7M colors

•	 Voltage: 9-16 VDC, 1A maximum via Power over Ethernet 
(PoE)

•	 Display
	– 10” (254 mm) diagonal, 16:10 aspect ratio
	– High brightness color TFT LCD, WVGA (400 x 800 pixels), 
16.7M colors

	– Integrated high-resolution projected capacitive touch 
screen LED Backlit, 200nit

	– Flexible configurations for custom buttons, textand 
graphics

•	 Radio Frequency
	– Up to 30.5 m (100 ft), communication with optional 
wireless interfaces

	– 802.15.4 @ 2.4GHz — Zigbee wireless network

•	 Weight: 252 g (8.9 oz)

•	 Operating Temperature: 32° to 122°F (0° to 50°C)

•	 Relative Humidity: 5% to 95%, non-condensing

•	 Certifications: CE, FCC,EAC, RCM

•	 3 year warranty

SPECIFICATIONS
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DIMENSIONS

Bezel

110.5 mm (4.35 inches)

149.2 mm
(5.88 inches)

41.2 mm
(1.62 inches)

32.1 mm
(1.2 inches)

28 mm (1.1 inches)

74.7 mm (2.9 inches)
Cutout

131.8 mm
(5.2 inches)

Cutout

BackSide Back Box

76 mm
(3 inches)

71 mm
(2.8 inches)

134.9 mm
(5.3 inches)217.7 mm

(8.6 inches)

95 mm
(3.7 inches)
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WATTSTOPPER PLUS

WIRELESS SYSTEM OVERVIEW
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SCREEN OPTIONS

Brightness Only Brightness and ShadeControl Area Name

Brightness and Tunable White Brightness, Tunable White, and Shades



WATTSTOPPER PLUS  |  Personal Controls

WWW.LEGRAND.US/WATTSTOPPER 4

WIRING

Greenbus Wiring

To Additional Wired Managers
(As Needed)

Power Supply
100 — 240 VAC,
50/60 Hz, 1.8A

SSU

External PoE Switch
120 VAC, 60 Hz, 10 W

(Non-Emergency Circuit)

120 VAC, 60 Hz, 300 W
Emergency Circuit (Preferred)
Non-Emergency Circuit (Acceptable)

Ethernet Cable with PoE
91.4 m (300 ft) maximum (Typical)

Ethernet Cable
91.4 m (300 ft) maximum

(Typical)

Wired Manager —
GreenBus

To secure LAN Port for 
PC Lighting Control

(Requires Static IP Address)

Note: The maximum run from the network switch 
to any end device is 91.4 m (300 ft). The PoE Injector 
does not extend the length limitation.

KX4

Note: A PoE Switch can be used. This will eliminate the need for individual PoE Injectors.

CONTROL

DALI Wiring

To Additional Wired Managers
(As Needed)

Power Supply
100 to 240 VAC,
50/60 Hz, 1.3A

SSU

External PoE Switch
230 VAC, 50 Hz, 10 W

(Non-Emergency Circuit)

230 VAC, 50 Hz, 300 W
Emergency Circuit (Preferred)
Non-Emergency Circuit (Acceptable)

Ethernet Cable with PoE
91.4 m (300 ft) maximum (Typical)

Ethernet Cable
91.4 m (300 ft) maximum

(Typical)

Wired Manager — DALITo secure LAN Port 
for PC Lighting 

Control (Requires 
Static IP Address)

Note: The maximum run from the network switch 
to any end device is 91.4 m (300 ft). The PoE Injector 
does not extend the length limitation.

KX4

Note: A PoE Switch can be used. This will eliminate the need for individual PoE Injectors.

CONTROL
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Catalog # Description Communication Network

RTI-KX4 KX4 Touchscreen Wired and Wireless

10-210560-15 RTI KX4 Back Box N/A

1RTI40-210937-26 Blank Button Kit N/A

ORDERING INFORMATION

MOUNTING

The KX4 Touchscreen should be mounted on the wall using 
the two mounting wings that are located on the top and 
bottom of the KX4 Touchscreen, which can be used to secure 
the KX4 Touchscreen to drywall in retrofit installations. Place 
the KX4 Touchscreen in the opening in the wall and tighten 
the mounting wing screws located on the front of the KX4 
Touchscreen (bezel removed). The recommended mounting 
height is between 1.4 and 1.5 m (4.5 and 5 ft) from the ground. 
Use the included cardboard cut-out template to create the 
correct size opening in the wall.

NOTE:	 Where wallbox mounting is required, the 10-210560-15  
(RTI KX4 Back Box) may be ordered. Note that the  
RTI-KX4 cannot be installed into a standard wallbox 
and must either be mounted using the built-in 
mounting arms, or into the 10-210560-15 KX4 wallbox.

KX4 front
(bezel removed)

Bezel

74.7 mm
(2.9 inch)

131.8 mm
(5.2 inch)

Wall Stud

Wall
Opening

Ethernet Cable
(from PoE Switch)

Mounting Height
1.4 — 1.5 m
(4.5 — 5 ft )
from bottom 
of faceplate
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