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INSTALLATION INSTRUCTIONS FOR:

15 & 20A EHU and Hospital Grade Straight Blade Plugs with Angled Backbody

15A Turnlok Locking Plugs with Angled Backbody

Angle Adapter for all 15 & 20A EHU and Hospital Grade Straight Blade Plugs & Connectors
Angle Adapter for all 15, 20 & 30A Turnlok Locking Plugs & Connectors

CAUTION: Risk of electric shock. Disconnect power before installing. Never wire energized components.
When installing an angle adapter to an existing device, first remove cover and cord grip and disassemble
the existing device,
Assembly instructions for Angle Plug or Connector
1.WIRE SIZE AND RANGE FOR ROUND CORDS. USE ROUND CORD ONLY.

15/20A EHU Straight Blade Cord diameter 0.230" (18/35J) to 0.690" (12/3 S)

15 Turnlok Cord diameter 0.230" (18/35J) to 0.690" (12/3 S)

20/30A Turnlok Cord diameter 0.385" (16/35)) to 1.150" (8/5 S)
2.Slip adapter ring over cord. SeeFig 1.
3. Strip cord jacket to length shown in Fig 2.
4.Wwith plug blades oriented to connector or receptacle slots, select desired direction of cord. See Fig. 3.
5.5ee Table 1 for Terminal and Conductor Identification.

6.With plug and cord oriented per step #4, select conductor to farthest terminal opening. See Fig.4. Note:

four wire version shown. Strip end to 1/2". DO NOT TIN STRANDED WIRE
Insert selected conductor fully into terminal opening and tighten terminal screw to 14 inch-lbs torque.
Remaining conductors to be positioned underneath this first assembled conductor. See Figure 4.
7.Position each remaining conductor over the corresponding terminal opening and cut conductor 1"
beyond center of opening. See Fig.4. Strip end to 1/2". DO NOT TIN STRANDED WIRE

8. Fully insert each conductor into corresponding terminal hole and tighten screws to 14 inch-lbs torque.
9. Assemble plug/connector unit to adapter ring, align keying feature as shown in Fig. 5. Tighten assembly
screws.

10. Remove cord grip and screws from Adapter Body.

11.Install wired assembly into cover with 4 assembly screws from screw package. Seat firmly.

12.Replace cord grip. (For 20/30A Turnlok, see Table 2 for cord grip orientation.)
Tighten cord grip screws to 10 inch-lbs torque alternating between screws.
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Jacket strip length: Column A on chart.
Longitud de desforrado de la funda de
proteccién: Columna A en la tabla.
Longueur de dénudage de la gaine:
Colonne A au tableau

Product
Producto A
Produit

EHU Straight Blade
Cuchillas rectas EHU 2
Lames droites EHU

15A Turnlok 2"

20/30A Turnlok 3 wire

Turnlok de 20/30 A, 3 alambres
Turnlok 20/30 A, 3 fils

20/30A Turnlok 4 wire

Turnlok de 20/30 A, 4 alambres
Turnlok 20/30 A, 4 fils
20/30A Turnlok 5 wire

Turnlok de 20/30 A, 5 alambres 3"
Turnlok 20/30 A, 5 fils

27/8"

27/8

Align

4 choices of cord position
Alinee

Table 1
Terminal Identification Conductor identification
Identificacién del borne Identificacién del conductor
Borne Conducteur a B
Ground or green color Green insulation for equipment ground only -
Tierra o color verde Aislamiento verde para la conexién a
Terre ou verte tierra del equipo Gnicamente
Isolation verte pour mise a la terre de
I'équipement uniguement
W or if unmarked the

White or gray insulation for neutral only
Aislamiento blanco o gris para el neutro dnicamente
Isolation blanche ou grise pour le neutre uniguement

silver terminal screw,

o si no aparece marca, el

tomillo del borne plateado
ou en l'absence de repére la
vis de borme argentée

X, Y or Z or if unmarked
the brass terminal screws
o si no aparece marca, los
temillos del borne bronce,
ou en 'absence de repére
la vis de borne en laiton

Red, Black, etc. insulation for hot conductor only
Aislamiento rojo, negro, etc, para el conductor

cargado Unicamente

Isolation rouge, noire, etc. pour une phase uniquement

Table 2

"A" Side of Cord Grip Visible
Lado "A" del manguito visible
Cété « A » de la bride du cordon visible

.385 Dia. thru .750 Dia.
0.385 pulg. (9.8 mm) a 0.750 pulg. (19.1 mm) diam.
0,385 po (9,8 mm) a 0,750 po (19,1 mm) diam.

“B" Slde of Cord Grip Visible .760 Dia. thru 1.150 Dia.
Lado "B" del manguito visible 0.760 pulg. (19.3 mm) a 1.150 pulg. (29 mm) diam.
Coté « B » de la bride du cordon visible | 0,760 po (19,3 mm) a 1,150 po (29 mm) diam.
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Keying feature on plug or connector
Marca de enchavetado del enchufe o conector
Repére d'indexation sur le connecteur ou la fiche
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adapter ring
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