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NOTES:
1. DUST CAPS ARE PROVIDED INSTALLED
2.  ALL DIMENSIONS ARE IN INCHES.
@  THE "XX"IN THE PART NUMBER "ACCESS-01U-XX" DESIGNATES THE
ADAPTER TYPE/COLOR IN ACCORDANCE WITH TABLE 1.
4.  ALIGNMENT SLEEVE MATERIAL IS ZIRCONIA CERAMIC.
5. THE PANEL ORIENTATION IS HORIZONTAL.
F 6.  THE FRONT DOOR USES SLIDE LATCHES.
7. THE STANDARD CABINET COLOR IS MAGNESIUM.
8. THE CABINET ASSEMBLY INCLUDES ZIP TIES, HOOK/LOOP TIE WRAPS, HI-
LOC CRADLE MOUNTS AND MOUNTING SCREWS AS UNINSTALLED ITEMS
PACKED INSIDE A HARDWARE PACK.
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1 SET OF LARGE SPOOLS
FOR MANAGING 36
ACCLAIM CONNECTORS.

METAL FRONT DOOR

2 SLIDE LATCHES SECURE
DOOR TO COVER

SPRING LOADED THUMB SCREW ON
RIGHT AND LEFT SIDE OF ENCLOSURE
SECURLY LOCK THE ENCLOSURE IN THE
CLOSED POSITION WHEN NOT IN USE

ACCLAIM CONVERSION ADAPTER

FRONT CABLE MANAGMENT

MDC DUST CAP

LABEL FIELD IS MOUNTED
BELOW THE FRONT COVER
WITH VELCRO. USER HAS FULL
VISIBILITY WHEN THE COVER IS

OPEN

HOLES CUT IN THE BASE
ALLOW THE USER TO ACCESS
ANY PATCH CORD FROM
THE BOTTOM. USER ALSO
HAS ACCESSIBILITY FROM
THE TOP WHEN THE COVER IS
OPENED

REMOVABLE REAR CABLE MANAGEMENT TRAY
ACCEPTS LARGE SPOOLS FOR PRE-TERM SOLUTIONS
OR 2 144 RIBBON SPLICE TRAYS FOR SPLICING.
(LARGE SPOOL OPTION SHOWN)

HI-LOC ATTACHMENT STRAPS ONTO
TRUCK CABLE WITH VELCRO OR ZIP TIE
AND MOUTNS TOONE OF THE 6
POSITION ON THE PLATE

HI-LOC MOUNTING PLATE WITH SPACE
FOR 6 TRUNK CABLES ON EITHER SIDE
OF THE OF THE ENCLOSURE
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SIDE MOUNTED DRAWER SLIDES
ALLOW THE ENCLOSURE TO SLIDE
FORWARD OUT OF THE RACK UP
TO 10"

LOCKING TABS ON EITHER SIDE OF THE
ENCLOSURE AUTOMATICALLY SNAP INTO
HOLES CUT IN THE BASE PLACE AT FULL 10" EXTENTION TO LOCK THE
ALLOW THE USER TO ACCESS  ENCLOSURE IN THE OPEN POSITION. TO
ANY TRUNK SIDE RELEASE THE LOCKS PRESS BOTH TABS AND
CONNECTOR FROMT FROM PUSH THE ENCLOSURE INTO THE RACK
ABOVE OR BELOW AT THE
FRONT OF THE RACK

I ®
SPRING LOADED FRONT L1 I rand WWW.LEGRAND.US
COVER IS OPENED BY

PRESSING THE TWO RED
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