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THESE INSTRUCTIONS REQUIRE TWO KITS TO COMPLETE A RACK DOOR INSTALLATION. 1.
PLEASE REFER TO PART THE NUMBER MATRIX BELOW TO DETERMINE THE PROPER 
COMBINATION OF ITEMS REQUIRED FOR A DESIRED APPLICATION.

RECOMMENDED TOOLS FOR COMPLETING AN INSTALLATION:2.
SAE BOX OR SAE SOCKET WRENCH 9/16" AND 5/16" SIZES (16MM FOR M10 BOLTS).•
ADJUSTABLE TORQUE WRENCH SET TO 12.5 FT POUNDS.•
SMALL LEVEL OR "TORPEDO" LEVEL.•
4FT LEVEL.•
TAPE MEASURE.•
CARPENTERS "SPEED" SQUARE.•

PRIOR TO UNPACKING KIT(S) INSPECT ALL CARTONS FOR DAMAGE, REPORT ANY 3.
DAMAGE TO THE SHIPPER, FOR POTENTIAL REIMBURSTMENT.
UNPACK DOOR AND MOUNTING KITS; INSPECT FOR DAMAGE AND INVENTORY, ALL PARTS 4.
INCLUDING HARDWARE ARE LISTED ON FOLLOWING PAGES
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FRONT REAR

 PART OF MM
DOOR MOUNT 
FRONT KIT

 PART OF MM
DOOR MOUNT 
REAR KIT

 PART OF MM
DOOR MOUNT 
REAR KIT

PRIOR TO STARTING A RACK DOOR INSTALLATION, CHECK THE RACK FOR LEVEL AND "PLUMB" AS OUTLINED 1.
IN THE RACK INSTALLATION MANUAL.
MAKE SURE RACK IS PROPERLY SECURED AS DIRECTED IN THE RACK INSTALLATION MANUAL TO ACCEPT THE 2.
ADDITIONAL WEIGHT OF THE NEW KIT COMPONENTS. FAILURE TO PROPERLY SECURE THE INTENDED RACK 
COULD RESULT IN DAMAGE AND/OR BODILY HARM.

PART OF MM
DOOR MOUNT
FRONT KIT

MIGHTY MO
PERFORATED
DOOR

MIGHTY MO RACK
(SOLD SEPARATELY)
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 12.3" 

FRONT TOP SUPPORT

FRONT BOTTOM SUPPORT

LEVELING FEATURES

 6.0" 

REAR TOP SUPPORT

LEVELING FEATURE

REAR BOTTOM SUPPORT
NOTE: BOTTOM SUPPORT 
HAS 2 LARGE HOLES IN 
BASE 

FRONT DOOR (WITH VMD) 
MOUNTING KIT COMPONENTS

REAR DOOR (NO VMD)
MOUNTING KIT COMPONENTS
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DOOR BUSHING

FRONT BOTTOM
SUPPORT DOOR BUSHING

LEVELING FEATURE

BOTTOM (2)RACK BOLTS
(REMOVE & REINSTALL)

(LOOSEN ONLY)
TOP (2) BOTTOM
RACK BOLTS

BEND LIMITERS
(SOLD SEPARATELY)

DOOR BUSHING

DOOR BUSHING

SEPARATOR PLATE

FRONT TOP SUPPORT

TOP DOOR 
BUSHING

RAISED
COLLAR

BOTTOM DOOR
BUSHING

RAISED COLLAR

12.30"
MM20
DOOR

SUPPORT

MM20 BOTTOM
DOOR SUPPORT

ADDITIONAL DOOR 
LEVELERS

BOTTOM FRONT SUPPORT MOUNTING STEPS:

LOOSEN TOP(2)BOTTOM RACK BOLTS ENOUGH TO ACCEPT SUPPORT. DO NOT REMOVE COMPLETELY.1.
REMOVE BOTTOM (2)RACK BOLTS FROM BASE ANGLE.2.
INSTALL FRONT BOTTOM SUPPORT, CHECK RACK FOR SQUARE AND TIGHTEN ALL (4) RACK BOLTS HAND TIGHT. CHECK 3.
BOTTOM SUPPORT BRACKET WITH LEVEL. SCREW DOWN LEVELING FEATURE (BOLTS) UNTIL THEY BOTTOM ON BASE ANGLE. 
PLEASE NOTE MM20 FRONT BOTTOM SUPPORT HAS TWO ADDITIONAL FLOOR LEVELING FEATURES LOCATED CLOSER TO 4.
THE FRONT OF SUPPORT FOR INCREASED STABILITY. IT IS RECOMMENDED THOSE LEVELING FEET BE LOWERED UNTIL THEY 
BOTTOM ON THE FLOOR WHEN STARTING TO LEVEL THE FRONT BOTTOM SUPPORT.

NOTE: TOP FRONT DOOR SUPPORT KIT AND DOOR REQUIRES THAT THE EXISTING RACK WATERFALL BE REPLACED COMPLETELY.
TOP FRONT SUPPORT MOUNTING STEPS:

REMOVE EXISTING WATERFALL AND REPLACE WITH THE NEW (SUPPLIED) TOP FRONT DOOR SUPPORT. INSTALL BOLTS 1.
WITH WRENCH UNTIL SNUG, CHECK WATERFALL WITH LEVEL ADJUST AS NECESSARY THEN TORQUE BOLTS(MAX ASSY 
TORQUE 12.5 FT-LB)
REMOVE EXISTING SEPARATOR PLATE AND INSTALL ONTO THE TOP FRONT DOOR MOUNTING ASSY.2.
RE-INSTALL BEND LIMITERS (IF BEING USED)3.
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(LOOSEN ONLY)
TOP RACK BOLTS

BOTTOM RACK BOLTS
(REMOVE & REINSTALL)

REAR TOP SUPPORT

REAR BOTTOM
SUPPORT

DOOR BUSHING

DOOR BUSHING

(LOOSEN ONLY)
TOP RACK BOLTS

BOTTOM RACK BOLTS
(REMOVE & REINSTALL)

TOP DOOR BEARING

RAISED
COLLAR

BOTTOM BUSHING

RAISED COLLAR

LEVELING FEATURE

TOP REAR SUPPORT MOUNTING STEPS:

NOTE: DO NOT REMOVE UPPER AND LOWER BOLTS AT THE SAME TIME. INSTALL EITHER THE TOP SUPPORT OR THE 
BOTTOM SUPPORT COMPLETELY BEFORE INSTALLING THE OTHER SUPPORT.

REMOVE BOTTOM (2) RACK BOLTS FROM REAR TOP RAIL.1.
LOOSEN TOP RACK BOLT ENOUGH TO ACCEPT SUPPORT(S). DO NOT REMOVE COMPLETELY.2.
INSTALL REAR TOP DOOR SUPPORT. ON A 4 POST RACK, REMOVE THE EXISTING WATERFALL, THEN INSTALL 3.
SUPPLIED REAR TOP RAIL USING TOP (2) BOLTS INSTALLED WITH A MIN. 1/4" THREAD SHOWING TO 
ACCEPT SLOTS IN THE (NEW) REAR TOP SUPPORT. INSTALL REAR TOP SUPPORT UP UNDER THE TOP 
(2)BOLTS, THEN INSTALL BOTTOM (2) RACK BOLTS. CHECK TOP REAR SUPPORT AND RACK FOR 
SQUARENESS. (ON 2-POST RACKS, THE SUPPLIED REAR TOP RAIL CAN BE DISCARDED.) 
TIGHTEN ALL BOLTS. (MAX ASSY TORQUE: 12.5 FT-LB)4.
REATTACH THE BEND LIMITER SPOOLS (IF BEING USED).5.

BOTTOM REAR SUPPORT MOUNTING STEPS:

LOOSEN TOP (2) BOTTOM RACK BOLTS TO ACCEPT REAR BOTTOM SUPPORT.1.
REMOVE BOTTOM (2) RACK BOLTS.2.
INSTALL REAR BOTTOM SUPPORT AND HAND TIGHTEN TOP (2) BOTTOM RACK BOLTS (SNUG). CHECK REAR 3.
BOTTOM SUPPORT FOR LEVEL. ONCE LEVEL INSTALL BOTTOM (2) RACK BOLTS. ADJUST LEVELING FEATURE 
(BOLTS) UNTIL BOTH BOLTS BOTTOM ON THE BASE ANGLE.
TORQUE ALL (4) BOLTS TO MAX 12.5 FT-LBS.4.
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SEE
CHART

MM RACK 
(SOLD SEPARATELY)

(CHECK THIS
GAP) (EQUAL
BOTH SIDES)

DOOR BUSHING CLOSE UP

DOOR
BUSHING

SUPPORT
BUSHING

TYPICAL MM PERFORATED 
RACK DOOR INSTALLATION

DOOR MOUNTING STEPS:

CHECK DOOR JAM HEIGHT (DOOR SUPPORT BRACKET 1.
FACE TO FACE) ON CHART FOR OPTIMAL DOOR 
INSTALLATION.
APPROX * =  +1/4 INCH / -0

UNBOX PERFORATED DOOR ASSEMBLY (SOLD SEPARATELY) 2.
AND CHECK FOR DAMAGE.
UNLOCK BOTH SWING HANDLES AND ROTATE HANDLES 90  3.
TO OPEN POSITION. IT IS HIGHLY RECOMMENDED YOU 
INSTALL ONE DOOR ROD SIDE AT A TIME. LINE UP DOOR 
ROD WITH BOTTOM DOOR BUSHING FIRST, THEN ALIGN 
SAME SIDE TOP DOOR ROD BUSHING, RECLOSE SWING 
HANDLE TO FULLY ENGAGE WITH TOP AND BOTTOM DOOR 
BUSHINGS. 
CLOSE DOOR AND LATCH OTHER SIDE SWING HANDLE4.
CHECK DOOR FOR "PLUMB", AND MEASURE THE GAP 5.
BETWEEN THE DOOR AND THE BOTTOM SUPPORT. THE 
MEASUREMENT SHOULD BE THE SAME ON BOTH SIDES. 
MEASURE THE GAP BETWEEN THE DOOR BUSHING AND THE 
BOTTOM SUPPORT BUSHING, AGAIN THE MEASUREMENT 
SHOULD BE THE SAME MEASUREMENT FOR EACH SIDE, IF 
ANY OF THESE GAPS ARE DIFFERENT ADJUST THE OPPOSITE 
SIDE OF THE WIDEST GAP WITH THE LEVELING FEATURE. 
CHECK DOOR FOR SWING ON EACH SIDE SEPARATELY, 
AND ADJUST LEVELING FEATURE TO CORRECT.            
PLEASE NOTE: DURING THE DOOR SWING A MINOR DROP IN 
THE DOOR MIGHT BE FELT AND IS ACCEPTABLE.
CHECK ALL MOUNTING HARDWARE AND RE-TORQUE AS 6.
REQUIRED TO 12.5FT-LBS)

DOOR SIZE JAM HEIGHT
7FT 78-1/4" APPROX. *
8FT 90-1/4" APPROX.*
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OPTIONAL UNISRUT OR 
ANGLE IRON BOLTED OR 
TECH SCREWED IN PLACE

LEVELING FEATURES:
(WITH A FLAT BLADE SCREW 
DRIVER, ADJUST LEFT FEATURE 
TO SET THE RIGHT SIDE LEVEL, 
AND VISE VERSA)

RACK ANCHOR 
BOLTSUPPORT FEATURES:

(ONLY FINGER TIGHTEN 
AFTER DOOR HAS BEEN 
LEVELED)

MAKE SURE RACK SPACER BARS 
ARE PROPERLY INSTALLED (TOP 
FRONT AND BOTTOM FRONT 
AND BACK) WHEN VERTICAL 
MANAGERS ARE BEING USED

BEST PRACTICES FOR WHEN INSTALLING DOORS ON A ROW OF RACKS
INSTRUCTIONS:

MOST IMPORTANT: FOLLOW "BEST PRACTICES FOR INSTALLING A ROW OF RACKS" THAT COMES WITH EACH 1.
RACK.
AFTER COMPLETING THE 6 PREVIOUS PAGES OF THIS DOCUMENT, DOUBLE CHECK DOOR TO BOTTOM 2.
BRACKET ALIGNMENT.
OPTIONAL FOR 4-POST RACKS: IF RACK FACE ALIGNMENT CORRECTION IS STILL NEEDED, A PIECE OF 3.
UNISTRUT OR ANGLE IRON CAN BE ATTACHED TO THE TOPS OF THE RACKS BY BOLTING THRU THE 3/8" UNUSED 
HOLES IN THE 4-POST RACK FRONT TO REAR RAILS OR SELF TAPPING TECH SCREWING TO THEM.
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