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Equinox 41-LITE is a high bright LCD touchscreen that is always 
on and always available. The touchscreen provides immediate 
control and status of lighting and shades in a room or in an  
entire building, depending on the level of system access of the 
user. The prominent room button provides simple control of 
all the lighting in a single room. Navigation to more powerful 
control functions is intuitive and supported by a simple help 
system. The user interface has been designed to provide 
functional consistency between the Equinox touchscreens 
and Equinox apps for mobile phones and tablets. Navigate to 
a specific widget or setting for more specific control functions. 
For example, the room view offers immediate status and control 
of day-to-day functions. And with the right level of access, the 
settings menu allows for advanced functions like scene setting 
and modification, schedules, and event functions.

The Equinox 41-LITE is a small but powerful touchscreen. Its 
4.3” diagonal screen fits into a single gang box but provides 
a rich graphical environment. Using the widget user interface 
environment, the end-user can control simple-to-complex 
lighting and shade functions in a single room or across the 
entire project. And since all Equinox products maintain a 
consistent, sleek appearance, Equinox 41-LITE looks beautiful 
on the wall. This touchscreen gives the user ultimate control 
over his environment by allowing him to edit or create new 
scenes. Within the settings menu, there are options for 
changing or creating new functionality without complex 
programming based on the needs and desires of the end user.

Utilizing the combined power of InFusion and Design Center 
software, Equinox 41-LITE can be auto-configured with 
subsequent configuration delivered through Design Center 
or on the Equinox 41-LITE screen. The predefined graphical 
environment allows installers and programmers to efficiently 
create intuitive screens that are consistent with the entire 
user environment. The common graphical user interface with 
swipe and touch consolidates Equinox 41-LITE’s consistency 
with mobile tablets and phones. With the settings menu, 
users are given the ability to personalize their experience. The 
touchscreen gives users the ultimate power by allowing them 
to schedule, edit, and prioritize the control functions that matter 
most to them.

Equinox 41-LITE, running on an InFusion system, is the perfect 
addition to any project requiring advanced lighting or shade 
control. With its ability to access and control lighting and 
shades via on-screen widgets, Equinox 41-LITE is a necessity 
for those who wish to simply and intuitively control spaces. 
When the requirements of the space indicate the need for 
control of all lighting types, shades, or graphical control of 
CCT or RGBW lighting, Equinox 41-LITE should be a primary 
consideration. Applications may include hospitality, retail, 
education, healthcare, common areas, classrooms, conference 
rooms, and other multi-use spaces. 

EQUINOX

DESCRIPTION OPERATION

HIGHLIGHTS

 APPLICATIONS

EQUINOX 41 LCD TOUCHSCREEN
EQ41TB-TI-LITE

Events and scenes are easily 
created or modified from the 
touchscreen or mobile app

Four main widgets simplify 
the control of a space or the 
entire project – lighting, shades, 
scenes, and main screen/room 
button

Create favorite scenes or lighting 
loads, and access them quickly 
from the main screen. Swipe left 
or right to access more favorites

Programmable tactile switch can 
provide traditional “on” or “off” 
function, personalized scene 
control, etc.

Hardwired, always-connected, 
always-on multi-system control 

(showing lighting and shade status 
via on-screen widgets)

Glass to edge aesthetic and 
graphical user interface

Simple, single-button control of the 
entire space using the room button

Simple, intuitive graphical user 
interface for multi-system control

Three levels of user access, 
controlled by passwords

Home button returns to the main 
dashboard, no matter where you are 

in the on-screen navigation 
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•	 4.3” LCD panel with projected capacitive touch interface

•	 Titanium frame; black glass-to-edge surface aesthetic

•	 Unique Equinox widget user interface

•	 Ambient light sensor for auto day/night backlighting

•	 Motion sensor screen on and initiate a task

•	 One visible widget with full screen and edit modes

•	 90% daily control through the dashboard layer

•	 UI consistency with smartphones (Android and iOS) and 
Equinox 73-LITE

•	 Active IR sensors for approach on and auto sleep modes

•	 Uses standard US and European single-gang wall box 
mechanics

•	 Dynamically updated with sub-system status and feedback

•	 Low (12V DC) power consumption

•	 Tap, swipe, press, and hold to navigate

•	 Cat5e connectivity with PoE

EQUINOX

FEATURES

SPECIFICATIONS

MULTI-VIEW LINE DRAWING

Dimensions - On-Wall Surface (HWD):	 4.9” x 3.44” x 0.44” (124mm x 87mm x11mm)
Dimensions - Overall (HWD):		  4.9” x 3.44” x 1.38” (124mm x 87mm x 35mm)
Model:					     EQ41TB-TI-LITE
Addressing:				    Self addressing through software
Ambient Operating Humidity:		  5-95% non-condensing
Ambient Operating Temperature: 		  32-95°F / 0-35°C
Certification:				    UKCA, CE, FCC, EN 55032, EN 55035, EN 61000-3-2, EN 61000-3-3, EN 50130-4
Display:					     Active matrix color LCD
Display Resolution:			   480 x 272 pixels “high bright”
Finishes:					    Trim: Titanium (TI)   Touchscreen: Black glass
Glass Surface:				    Chemically strengthened
Hard Buttons:				    Left: Home, Right: Programmable
Power:					     12VDC via PoE
Surge Suppression:			   Yes
Sound Option:				    Adjustable volume level - Touch interaction		
System Compatibility:			   InFusion
Wiring Connections:			   Ethernet RJ45

FRONT VIEW SIDE VIEW

TOP VIEW

BOTTOM VIEW

BACK VIEW



WWW.LEGRAND.US/VANTAGE3

ORDERING INFORMATION

EQUINOX

Catalog # Description Voltage / Misc.

EQ41TB-TI-LITE Equinox 41 LCD Touchscreen LITE - Titanium 12VDC via PoE

050114r2  Rev 5/24

INSTALLATION AND WIRING DIAGRAM

Press and hold here on
front, bottom center

Set 1/16” hex screw
in station bottom

1/16” hex

A

C

B

Electrical installer to provide (1) 120V circuit input to the controller (not to be shared with lighting loads). Wire gauge and breaker 
rating to be determined by electrical contractor, considering 200W maximum power draw per controller.

Electrical box

Ethernet to 
premises LAN 

(Power over 
Ethernet required 

via POE injector or 
POE switch)

Mounting plate


