
Load Controls

Communicates with the Vantage System through Radio Link •	

technology

Enables two separate devices to be independently controlled by •	

commands received from keypads, timed events, sensors, and more

Features default programming for local control when not connected to •	

the Vantage System

Provides 300 Watts of dimming control per load•	

Two models that configures plug with ground up or ground down•	

Allows the device to be turned on from its own switch•	

Includes LED indicators for easy component diagnostic•	

ACCENTPOINT II DIMMER

AccentPoint II Dimmer allows homeowners to independently 

control two plug-in devices, such as floor or table lamps, 

through the Vantage System. Connected via radio frequency, 

these devices can be controlled by commands received from 

keypads, timed events, remote controls, sensors, and much 

more.

AccentPoint offers up to 300 watts of dimming per connected 

device. These devices include incandescent or low voltage 

magnetic lamp fixtures. It also features a button with default 

programming to allow for local control of the appliance when 

it is not connected to the Vantage System.

Product Highlights
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ACCENTPOINT II DIMMER

Specifications

	 4.125” x 3.125” x 1.25”

	 107.95mm x 79.37mm x 31.75mm

Models	 APDIM/APDIM-GU (Ground up)

Weight           	 5.5 oz (156g)

Ambient Operating Humidity	 5 - 95% non-condensing

Ambient Operating Temperature	 32 - 95°F (0 - 35°C)

LED Indicator	 Status

Lightning Surge Protection High Voltage	 IEEE C62.41 (6000V & 3000A)

Load Types	 Incandescent or low voltage magnetic fixtures only

Maximum Current per Load	 2.5A Each Load

Maximum Watts Per Load	 300W@120V

Mounting	 Plugs into standard 120VAC Outlet

Station Equivalent	 1 RadioLink Station

Voltage	 120V, 60Hz

UL and CUL Listed	 Yes

FCC	 Yes	

General Specifications

Dimensions, HWD
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ACCENTPOINT DIMMER II - APDIM

INPUT: 120VAC, 60Hz
OUTPUT: 2.5A max per load

FCC ID: PII-AP2RL
IC: 3505A-AP2RL

LISTED
51XT

3.125"


