2" Basic Plastic Coated FASTENERS

Lllegrand’ Hp Hook With Latch

NUMBER COLOR

CJ32HP  |WHITE-STANDARD
CJ32HPBL BLACK
CJ32HPBU BLUE
CJ32HPRD RED

. COMPLIES WITH NEC

J-HOOKS
CJ32HP

e MEETS TIA568-C & 569-C Hook Opening: 2"
. WIDE BASE DESIGN FOR OPTIMUM Height. 4-1/2
SUPPORT Width: 2
Hole Dia: .25"

e SMOOTH BEVELED EDGES,
PROVIDING STANDARD COMPLIANT
BEND RADIUS'

. RoHS COMPLIANT

. UL LISTED

. PLENUM RATED

. INTEGRAL LOCKING RETAINER

. USED FOR COMMUNICATON: CATEGORY, NON-CATEGORY, OPTICAL
FIBER, & COAX CABLES

. MAY ALSO SUPPORT INNERDUCT, TUBING, & CONDUIT

e COMMON CABLE TYPES (NOMINAL CAPACITY): (90) Cat.5e or 2-
stranded fiber optic cables or up to(60) Cat.é6 cables

e  MAY CONTAIN BRANCH CIRCUITS UP TO 600V: ARMORED, METAL-
CLAD, NON-METALLIC SHEATHED, POWER & CONTROL, AND MODULAR
METALLIC & NON-METALLIC CABLE SYSTEMS (pre-fabricated wire
harnesses)

Material: Standard Molded Polypropylene Over Steel
See table for color options

Load Test: 17 Ibs

Fill Area: 3.97 in?/2561 mm?

Weight: 3 Ibs/25 pcs per box

"Copyright LNA, Inc. Drawings are proprietary
and may not be copied or otherwise duplicated
or used without express written permission."
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