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Outdoor Wireless NWAP
NWAP En plein air sans fil
NWAP al aire libre inalambrico

Installation Instructions + Notice dlInstallation « Instrucciones de Instalacion

Catalog Number(s) * Numéro(s) de Catalogue * Les Numéros de Catalogue:

DA2131-V1

Country of Origin: Made in Taiwan ¢ Pays dorigine: Fabriqué en Taiwan « Pais de origen: Hecho en Taiwan

AC Adapter
Adaptateur secteur
Adaptador de CA

<~

802.11 blgin Access Point
DA2131V1

INSTALLATION INSTRUCTIONS
Please read these instructions completely before you begin.

NOTICE D’'INSTALLATION
Veuillez lire toutes ces instructions avant de commencer.

INSTRUCCIONES DE INSTALACION
Lea completamente estas instrucciones antes de comenzar.

Outdoor NWAP
NWAP en plein air
NWAP al aire libre

PoE Injector
Injecteur PoE
Inyector de PoE

Internet / LAN

DA2131-:\

I —)

Mounting Tie Strap
Cravate sangle de montage
Atadura de montaje

or
ou

Wall mount with 2 included screws
Support mural avec 2 vis inclus
Soporte de pared con 2 tornillos incluidos




Internet Protacol (TCP/IP) Properties

General |
You can get IP settings assigned automatcaly if your network supposts

this capabilty, Dtherwise, pou nesd to ask you network admiréstrator for
the soprapiale [P sellings.

) Ottain an 1P addhess automaticaly
@) Liz= the folioning |P address:

1P address: 192.168. 40. 2 |
Subeet mask: 5 25 2. 0 | Configure PC’s IP address to 192.168.40.2-151
i e s = | Configurer I'adresse IP du PC 192.168.40.2-151
i s = Configurar la direccion IP de la PC para 192.168.40.2-151

(B Use the folloning DNS server adchesses
Preferred DNS server e ow @ |

Allenate DNS server |

= Bhttp://192.168, 40. 252 FeRal=l ]

Browse to Outdoor NWAP at 192.168.40.252
Accédez a NWAP en plein air a 192.168.40.252

i

The server 192,168, 40. 252 requires a username and

passward.

Warning: This server is requesting that your username and Login with admin / admin

passward be sent in an insecure manner {basic authentication : : .

without a secure connection). Cc_)r}nexmn avec admin/ admln )
Inicio de sesién con admin / admin

User name: -

Passward:

[ Remember my password

o ][ caat |

I - Vaya a NWAP al aire libre en 192.168.40.252
Eile Edit Xiew Favorites Tools Help
Connect to 192.1685. 40. 252 [zl =

802.11 Outdoor Wireless Access Point DA2131

¥ Sjte Contents H
Setup Wizard
»
» Operation Mode This Router is for home networking. The 'Setup Wizard' will guide you to configure the
i Internet Settings router to connect to your ISP(Internet Service Provider).
Wireless Settings

Administration Step 1. Configure Internet Connection
WAN Connection Type: [ DHCP (Aute Config) ¢ |

Hostname(optional)

[Back | (Mext ] [ Cancel ] | Apoly

Follow Setup Wizard to configure Outdoor NWAP

See Owner’s Manual on enclosed CD for
configuration details

Suivez I'Assistant d'installation pour configurer NWAP en plein air Consultez ,Ie ,Manuel du, propl.'letalre sur le CD ci-joint
Siga el Asistente de configuracion para configurar NWAP al aire libre pour les détails de configuration

Consulte el Manual del propietario en CD adjunto
para detalles de configuracion
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