4 1 3 ]
NOTES
1. OPTICAL PERFORMANCE CHARACTERISTICS SHALL BE IN ACCORDANCE WITH
ORTRONICS SPECIFICATION 71800022. PERFORMANCE TIER LEVEL SHALL BE TIER 2 IN
THE CASE OF M2LCD12-50E.
2. EXTERNAL PORTS OF THE ADAPTERS HAVE PROTECTIVE DUST CAPS INSTALLED.
3. MPO PORT ID LABEL WILL HAVE THE FOLLOWING TEXT ("XX" & "ZZ" ARE DERIVED
FROM TABLE 1).
LINE 1: "XX"
LINE 2: "ZZ/125"
LINE 3: "1-12"
4. THE "CCC" SUFFIX IN THE PART NUMBER DESIGNATES THE CORE SIZE OF FIBER IN THE
CASSETTE.
5. LABEL SHOWING INSERTION LOSS VALUES, BY PORT, PROVIDED ASSEMBLED TO
CASSETTE.
6. THE CASSETTE HOUSING IS BLACK ABS/PC.
7. FIBER #1 ON THE MPO CONNECTOR IS POSITIONED TOWARDS THE REFERENCE MARK
ON THE ADAPTER.
8.  ALL DIMENSIONS ARE IN INCHES.

() DENOTES NOTE REFERENCE.
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PORT LAYOUT MPO LAYOUT
(FRONT) (REAR)

TABLE 1 3) @) (5
"ccc "XX" 77" LC COLOR |MPO COLOR
09 SM 9 BLUE BLACK
50E MM 50 AQUA BLACK
50M MM 50 MAGENTA MAGENTA
62 MM 62.5 BEIGE BLACK
125 EUGENE O'NEILL DRIVE
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