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KIT INCLUDES:

1—1/4" THICK ELECTROLYTIC TOUGH PITCH 110 COPPER ALLOY BAR.
1-3" BAR SPLICE PLATE WITH 2 SLOTTED HOLES.

2—WHITE DELRIN INSULATORS

2—12-24 x 5/8" HEX WASHER HEAD SCREW.

2—#12-24 x 3/4" COPPER FLASHED BRASS SCREW.

2—#12 COPPER FLAT WASHER

8—#6—-32 x 1/4" COPPER FLASHED BRASS SCREW.

8—#6 RING TERMINAL

1—#6 LONG BARREL COMPRESSION LUG, 3" o.c FOR #” HARDWARE

2—1/4=20 x 3  STAINLESS STEEL CAP CAP SCREW
2—1/4" STAINLESS STEEL LOCK WASHER
2—1/4"—20 STAINLESS STEEEL NUT
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