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Furniture Power Centers
adorne®

Warranty
Lifetime

3rd Party Compliance
cETLus Listed to UL962A, the Standard for Furniture Power Distribution Units and  
CSA C22.2 No. 308 Cord Reels and Multi-Outlet Assemblies

Performance
ELECTRICAL

Electrical Outlet rated 15A, 120Vac

Cord Set 8� (2.44m), SJT 14/3 right angle 5-15P Plug

USB USB-A modules: 5Vdc, 6A Each Port
USB-A/C modules: 5Vdc, 6A Each Port

MECHANICAL

Mounting Mounts in vertical position to 3/4� (19mm) Plywood or MDF

ENVIRONMENTAL

Operating Temperature 0°C to 65°C (32°F to 149°F)

Storage Temperature -35°C to 85°C (-31°F to 185°F)

TECHNICAL SPECIFICATIONS
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Furniture Power Centers

ORDERING INFORMATION � Furniture Power Centers

AD1-RAA-G	 1-Gang Furniture Power Center
AD1-RAA-M
AD1-RAA-W

1-gang unit with a duplex outlet and 
2 USB A charging ports. Devices 
are either graphite (AD1-RAA-G), 
magnesium (AD1-RAA-M) or white 
(AD1-RAA-W). Outlet is rated 15A, 
125Vac. USB port rated 6A, 125Vac. 
Provided with 8� (2.44m) 14/3 SJT cord 
with right angle plug. Wall plates sold 
separately.

3.85"
(97.8mm)

2.99"
(75.9mm)

4.78"
(121.4mm)

2.25"
(57.2mm)

adorne TR Duplex

4.70"
(119.5mm)

Device Face

AD2-RAC-M	 2-Gang Furniture Power Center
AD2-RAC-G
AD2-RAC-W

2-gang unit with a duplex outlet with 
1 USB A and 1 USB C charging port. 
Devices are either graphite (AD2-
RAC-G), magnesium (AD2-RAC-M) 
or white(AD2-RAC-W). Outlet is rated 
15A, 125Vac. USB ports are each rated  
5Vdc, 6A. Provided with 8� (2.44m) 14/3 
SJT cord with right angle plug. Wall 
plates sold separately.

4.71"
(119.5mm)

4.80"
(122.0mm)

6.64"
(168.71mm)adorne TR Duplex

adorne USB Module

6.19"
(157.32mm)

3.96"
(100.68mm)

2.25"
(57.2mm)

3.85"
(97.71mm)

2.25"
(57.2mm)

Device Face

1.31"
(33.3mm)

0.90"
(22.9mm)

Device Face 2.23"
(56.6mm)

2.23"
(56.6mm)

1.31"
(33.3mm)

0.90"
(22.9mm)

Device Face
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2-gang unit with a duplex outlet and 
a 2 USB A charging port. Devices 
are either graphite (AD2-RAA-G), 
magnesium (AD2-RAA-M) or white 
(AD2-RAA-W). Outlet is rated 15A, 
125Vac. USB ports are each rated 6A, 
125Vac. Provided with 8� (2.44m) 14/3 
SJT cord with right angle plug. Wall 
plates sold separately.

AD2-RAA-G	 2-Gang Furniture Power Center
AD2-RAA-M
AD2-RAA-W

4.71"
(119.5mm)

4.80"
(122.0mm)

6.64"
(168.71mm)adorne TR Duplex

adorne USB Module

6.19"
(157.32mm)

3.96"
(100.68mm)

2.25"
(57.2mm)

3.85"
(97.71mm)

ORDERING INFORMATION � Furniture Power Centers

2.25"
(57.2mm)

Device Face

1.31"
(33.3mm)

0.90"
(22.9mm)

Device Face 2.23"
(56.6mm)
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3-gang unit with two duplex outlets 
and a 2 USB A charging port. Devices 
are either graphite (AD3-RAAR-G), 
magnesium (AD3-RAAR-M) or white 
AD3-RAAR-W). Outlets are rated 15A, 
125Vac. USB ports are each rated 6A, 
125Vac. Provided with 8� (2.44m) 12/3 
SJT cord with right angle plug. Wall 
plates sold separately.

AD3-RAAR-G	 3-Gang Furniture Power Center
AD3-RAAR-M
AD3-RAAR-W

ORDERING INFORMATION � Furniture Power Centers

3-gang unit with a duplex outlet, 
a 2 USB A charging port, and one 
Incandescent/halogen/CFL/LED 
paddle dimmer. Dimmer controls an 
outlet on the rear of the furniture power 
center. Devices are either graphite 
(AD2-AAPDR-G) magnesium (AD2- 
AAPDR-M) or white (AD2-AAPDR-W). 
Outlet is rated 15A, 125Vac. USB ports 
are each rated 6A, 125Vac. Maximum 
lighting load of 450W.  Provided with 8� 
(2.44m) 14/3 SJT cord with right angle 
plug. Wall plates sold separately.

AD3-AAPDR-G	 3-Gang Furniture Power Center
AD3-AAPDR-M
AD3-AAPDR-W

4.70"
(119.5mm)

6.61"
(168mm)

8.41"
(213.54mm)

7.97"
(202.49mm)

5.74"
(145.86mm)

2.25"
(57.2mm)

3.85"
(97.71mm)

2.25"
(57.2mm)

Device Face

1.31"
(33.2mm)

0.90"
(22.91mm)

2.23"
(56.63mm)

4.70"
(119.5mm)

6.61"
(168mm)

8.41"
(213.54mm)

7.97"
(202.49mm)

5.74"
(145.86mm)

2.75"
(69.9mm)

3.85"
(97.71mm)

2.75"
(69.9mm)

Device Face

1.81"
(45.6mm)

0.90"
(22.91mm)

2.23"
(56.63mm)
















