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Power-Up and Unlock Screen
After initially powering up the LMGS-150, or after a power loss 
and restoration of power, the LMGS-150 will display a Boot-up 
page, followed by the Unlock page.
NOTE:	The LMGS-150 can be set to use a Light theme or 

Dark theme (dark background with white text). All of the 
screenshots in this guide show the Light theme.

	 	

Additionally, if the screen was previously used and has timed out, 
the screen will be dark and tapping on the screen will display the 
Unlock page.
Tapping and holding on the lock icon will either open the 
Home page, or if the LMGS-150 was programmed to require a 
passcode, will open the Passcode page:

Enter the passcode and tap OK to go to the Home page.

Home Page
The Home page will typically look like one of the following pages, 
depending on whether LMGS-150, is controlling lights only, 
shades only, or lights and shades.
NOTE:	The text and icons for all buttons and sliders can be 

customized by a technician. The screenshots in this guide 
show the default values. 

      
	 Lights only	 Shades only	 Lights and Shades

Tapping on a button will turn the lights on or off. If the loads 
controlled by that button are ON (any non-zero dimming value), 
the button will be blue. 
For a slider, you can either tap at a spot it will jump to the amount 
where your finger is, or you can hold and slide left or right to raise 
or lower the lights (or shades).
Sliders for lighting also have ON and OFF buttons. Tapping OFF 
will lower the slider to 0%. Tapping the ON button will return the 
light to its last dimmed value or a preset amount, depending on 
how the button is programmed by a technician.
NOTE:	 It is possible for a technician to program the OFF value 

so it does not go below a specified dimmed amount.
Sliders for shades have OPEN and CLOSE buttons. Tapping the 
buttons will fully raise/lower the shades.

Introduction
The LMGS-150 DLM Graphic Switch is a native DLM wired touchscreen device featuring a 5.7-inch capacitive LCD display for control 
of lighting, shades, scenes, and DMX color-tunable loads. Pages on the LMGS-150 can be customized. Most programming requires a 
technician using LMCS-100 software. However, certain settings can be customized by a user if they have the proper code needed to 
access those settings. This guide covers the features that a user will encounter after programming.



2

Selecting Other Pages
Tap on the Hamburger icon  to open the selection menu.

The number of options you see on this page are determined by 
the programming. There can be up to 8 options plus Settings and 
Help. Tap on the option to open that page. 

Pages for Individual Light or Shade Control
After selecting a menu option, that page opens to display buttons/
sliders that will control one or more lighting and/or shade loads. 
Each individual button/slider can be set up to control a single 
load or multiple loads. A page can have up to 24 buttons and/or 
sliders. Viewing more than 4 wide buttons or sliders, or more than 
8 half-width buttons require scrolling.
A button can be customized to be either the width of the screen or 
a half-width, as shown in the Lights example.
Any standard button can be programmed to be either an On/Off 
toggle, On only, or Off only. However, the ON and OFF buttons 
included with sliders are always dedicated to that function.

	 	

	 Lights Example	 Shades Example

Color and Tunable White Control
If connected to DMX fixtures, the LMGS-150 can be used to 
control color or tunable white temperature.
Color Control includes  a Color Picker and ON and OFF buttons. 
CCT Control includes sliders and ON and OFF buttons. Half-
width buttons are never available for these functions.
Note that unlike regular lighting loads, if you tap the ON button, 
Brightness will always go to 100%. If you tap the OFF button, 
Brightness will go to 0%.

(In the examples below,the page only shows a single section 
for color or CCT control, but just like other pages, you can have 
multiple “buttons/sliders” controlling regular lights and/or shades 
on the same page.)

	 	
	 Color Control Example	 Tunable White Example

NOTE:	 If there are multiple LMGS-150 on the same IRB, 
changing the values on one LMGS-150 will be reflected 
on the other.

Scene Control
Buttons can also be programmed to trigger a scene, allowing you 
set different loads to different levels with a single button press.
The following example shows the four default scene buttons 
plus a Custom Scene button. Scene 1 has all lights set to 100%, 
Scene 2 to 75%, Scene 3 to 50%, and Scene 4 to 25%.

Scenes Example
NOTE:	As with the home page, it is possible to have both lighting 

and shade control on a single page.
You can set your own scene values by going to the pages for the 
individual lights, setting them as desired and then going to the 
Scenes page, and pressing and holding a button for 7 seconds.



3

Once you do, you will see the following warning:

If you press confirm, you will see the following message:

NOTE:	 It is possible  that individual scene buttons can be locked 
by a technician. If that occurs and you try and change the 
scene setting, you will see the following:

Since locking is set per button, you may be able to 
customize some scenes but not others.

Settings Page
The Settings page provides the ability to adjust the Brightness 
of the screen. Additionally, you can change the display between 
Light Mode and Dark Mode by tapping the toggle switch. Note 
that it is possible for a technician to program the LMGS-150 so 
that the mode can’t be changed.

You can also lock the screen from here, which will return you to 
the Unlock page.

From this page you can also open the Display Details, About, 
and Configuration pages. Display Details and About are read  
only pages.

The Display Details page shows you the current values for 
various parameters programmed by the technician, or modified 
using the Configuration options. 

The About screen provides information on the Serial Number, UI, 
and Firmware versions.

	 	

Configuration Pages
The Configuration page provides access to settings that allow 
users to modify certain display settings and relabel pages and 
buttons.
You can limit access to these options by creating a Configuration 
Code, so only users with knowledge of the code can access 
these features. If you do not create a Configuration Code, then 
any user can modify these settings.
NOTE:	The Configuration Code is separate from the standard 

Passcode used to unlock the screen. The Configuration 
Code can be enabled whether or not you have set a 
Passcode.

IMPORTANT: Once a Configuration Code  has been created, if 
the passcode is forgotten, the only way to remove it is to factory 
reset the LMGS-150 using the LMCS-100 software.

Creating a Configuration Code
From the Settings page, tap Configuration to open the 
Configuration page. Tap Setup Configuration Code. 

Enter a four digit number for the code and tap OK.
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You will be required to re-enter the code. Once the code has 
been entered correctly the second time, the LMGS-150 displays 
a message saying the code has been set. (If the code is not 
entered correctly the second time, you will receive an error 
message.) Press Done to return to the Configuration page The 
Setup Configuration Code option is now changed to Reset 
Configuration Code. 

	 	

Resetting a Configuration Code
If you want to change the Configuration Code at a later time, 
you will be required to first enter the existing Configuration 
Code. Then you repeat the process shown above. As mentioned 
previously, if the current Configuration Code is forgotten, it cannot 
be reset and the LMGS-150 must be factory reset using LMCS.

Changing the Display Options
From the Configuration page, tap Display Options. If a 
Configuration Code has been set, you must enter the code to 
continue to the page. The three editable parameters are disabled 
by default. To change a setting tap the switch to enable that 
parameter.

Once you tap the toggle switch next to the feature, the display will 
show the current value of the parameter and a keyboard allows 
you to change the value.

Screen Dim to 50% Timeout – When selected, the screen will 
dim its brightness to 50% after the specified amount of time. 
Tapping the screen will restore full brightness.
Screen Off Timeout – When selected, the screen will dim its 
brightness to 0% after the specified amount of time. Tapping 
the screen will restore full brightness.
Screen Saver Timeout – If the screen is not touched in the 
specified amount of time, the screen saver is displayed.

NOTE:	The Screen Dim to 50% Timeout must be set to a 
smaller time than the Screen Off Timeout. If you select 
an amount for either parameter that breaks this rule, you 
will see an error message. 

Once you change the desired settings, tap Save, and then tap 
the left arrow to return to the Configuration page. If you try and 
return before saving, you will receive a warning that the changes 
will not be saved.
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Changing the Page and Button Labels
From the Configuration page, tap Screen and Button Options. 
If a Configuration Code has been set, you must enter the code to 
continue to the page. The page will display the current title and 
icon for each page that has been set up in the LMGS-150.

Tap on a page to edit the labels for the page and buttons. The 
page displays the title label for each button plus any subtitles.

Tap the edit icon to edit that item.

	 	

Enter text to change the label, then tap Save. Once you have 
edited all the desired labels, tap the left arrow to return to the 
Screen and Button Options page.


