
DESCRIPTION 
Clarity® patch cords utilize center tuned technology to elevate channel performance. Clarity 6A cords are ETL verified to 
Category 6 and 5e component standards. More importantly, center tuning these cords to Clarity jacks and panels provides 
significant elevation of channel performance that can be field measured.

FEATURES & BENEFITS
	■ Center tuned to Clarity 6A connecting hardware for an optimum Category 6A installed performance
	■ Narrow Paralign plug profile supports use in high-density panels and hubs
	■ Paralign 2 Plug termination better controls plug performance
	■ Icon compatible – Provides additional TIA-606-A designation capabilities
	■ Assembled with premium cordage
	■ 100% factory tested for performance, reliability, and long life

Construction

Color Black, Red, Orange, Yellow, Green, Blue, Purple, Gray, White

Country of Origin Mexico

Type Cat6A Copper Patch Cord

Application Sector Commercial, Industrial

Product Line Ortronics

Warranty Type 5-Year

Standard ANSI/TIA-568.E-2;ISO/IEC 11801-1;RoHS

Technical Information

Product Diameter .233 IN

Bend Radius .94 IN

Cable Type Non-Booted

CAT 6A MDC Modular Cable
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Technical Information

Construction PVC

Conductor Stranding Stranded

Connectivity Footprint Clarity

Connector 1 RJ-45 Male

Connector 2 RJ-45 Male

Jacket Rating CM Rated

Jacket Application Riser Rated

Shielded/Unshielded Cable Unshielded

Gauge 26A WG

Contact Resistance <20m Ohms

Withstand Voltage 300 V

Operating Temp -10° -60° C

Ordering Information 

MCS6AXX-00 BLACK

MCS6AXX-02 RED

MCS6AXX-03 ORANGE

MCS6AXX-04 YELLOW

MCS6AXX-05 GREEN

MCS6AXX-06 BLUE

MCS6AXX-07 VIOLET

MCS6AXX-08 GRAY

MCS6AXX-09 WHITE

*Available Colors (XX = Length in feet)


