
DESCRIPTION 
Slim 28AWG cord is ideal for high-density environments.  Each cord is factory tested to ensure performance.  Backwards 
compatible to Cat6 and 5E installations and components.

FEATURES & BENEFITS
	■ Smaller diameter while supporting Cat 6A
	■ Occupies less than 66% of the space of full-size cords which allows better airflow
	■ Easily manage cords in high-density environments
	■ Smaller cords allow more viewable space on panels to assist in accurate port identification
	■ Available in seven colors
	■ ROHs compliant
	■ Improved cable flexibility
	■ 100% factory tested for performance, reliability, and long life

Construction

Color Black, Red, Yellow, Green, Blue, Gray, White

Country of Origin Mexico

Type Cat6A Copper Patch Cord

Application Sector Commercial, Industrial

Product Line Ortronics

Warranty Type 5-Year

Standard ANSI/TIA-568.E-2;ISO/IEC 11801-1;RoHS

Technical Information

Product Diameter .191 IN

Bend Radius .794 IN

CAT 6A RDC Reduced Diameter Cable
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Technical Information

Cable Type Non-Booted

Construction PVC

Conductor Stranding Stranded

Connectivity Footprint Clarity

Connector 1 RJ-45 Male

Connector 2 RJ-45 Male

Jacket Rating CMR Rated

Jacket Application Riser Rated

Shielded/Unshielded Cable Unshielded

Gauge 28 AWG

Contact Resistance <20m Ohms

Withstand Voltage 300 V

Operating Temp -10° -60° C

Ordering Information 

RDC610XX-00 BLACK

RDC610XX-02 RED

RDC610XX-04 YELLOW

RDC610XX-05 GREEN

RDC610XX-06 BLUE

RDC610XX-08 GRAY

RDC610XX-09 WHITE

*Available Colors (XX = Length in feet)


