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Available in 3 or 6 ft lengths with Red or Ivory Hospital Grade Receptacles.

2400 Series Steel Plugmold with Hospital Grade Receptacles

Plugmold 2400 Series with Hospital Grade Receptacles 2400 Plugmold with hospital grade receptacles is available in
provides reliable, code compliant power distribution for ivory with a choice of ivory or red hospital grade receptacles
healthcare environments where safety and durability are for clear circuit identification. Units are offered in 3 ft. and 6 ft.
critical. Designed for non-patient care spaces such as nurse lengths, with 12in spacing making them easy to integrate into a
stations and equipment rooms, where hospital grade devices wide range of healthcare applications while maintaining a clean,
are preferred to support ongoing inspections and operational professional appearance.

consistency.

Features & Benefits

= Factory-Integrated Hospital Grade Receptacles. Designed for non-patient care spaces. Ideal for
Preconfigured for consistency, helping eliminate applications such as nurses' stations and equipment rooms
mismatched component installations where accessible, compliant power is needed

= Faster Installation vs Device by Device
Reduces installation time and minimizes rework compared
to traditional outlet installations

Alternating Circuit Wiring for higher receptacle density

= Focused, Easy-to-Spec Offering. Available in 3 and 6 ft
lengths with red or ivory receptacles

= Simplified Compliance & Standardization. Supports
inspection readiness by providing a consistent, repeatable
solution across spaces

= Full range of fittings to integrate with 2400 series raceway
for design flexibility

= Compact, low-profile appearance. Enhanced aesthetics = CULus Listed. Safety and reliability in applicable

are ideal for installations with minimal spaces installations
Compliance
cULus Listed Base & Blank Cover: File E4376 Guide RIBT Base & Blank Cover: Meets Article 386 of NEC
Multioutlet Assemblies: File E15191 Guide PVGT Plugmold Strips: Meets Article 380 of NEC

Fittings: File E41751 Guide RJPR
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2400 Series Steel Plugmold with Hospital Grade Receptacles Ordering Information

Catalog No. / Item Description / Specifications

V24HGBA312
V24HGBA312RD

3 ft Assembly in Ivory - 3 ft assembly, 12 inch
spacing between receptacles, 3 duplex
receptacles.

“RD" indicates Red receptacles

Country of Origin: USA

V24HGBAG612
V24HGBA612RD

6 ft Assembly in Ivory - 6 ft assembly, 12 inch
spacing between receptacles, 6 duplex
receptacles.

“RD" indicates Red receptacles

Country of Origin: USA

Product Description/Specifications

WIRING CENTER OUTLETS
CATALOG NO. FINISH LENGTH CONFIGURATION | DISTANCE OUTLET COLOR | QUANTITY & TYPE
V24HGBA312 Ivory 3 ft. GBA 12 in. Ivory 6 - 20A
V24HGBA312RD | Ivory 3 ft. GBA 12 in. Red 6 - 20A
V24HGBAG612 Ivory 6 ft. GBA 12in. Ilvory 12 - 20A
V24HGBAG612RD | Ivory 6 ft. GBA 12 in. Red 12 - 20A

2400 Series Plugmold Wiring Configurations

With Snapicoil
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GBA Series:
4-wire, #12 THHN (2 hot, 1
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GBA Series:
4-wire, #12 THHN (2 hot, 1

GB Series:
3-wire, #12 THHN (1 hot,

GB Series:

IG Series:

3-wire, #12 THHN (1 hot, 1 3-wire, #12 THHN (1 hot, 1

1 neutral and 1 ground),
1 circuit; has insulated
grounding conductor.

neutral and 1 ground), 2 circuit;
outlets wired alternately; has

insulated grounding conductor.

neutral and 1 ground), 1 circuit;
has insulated-isolated grounding
conductor. Orange receptacles.

neutral and 1 ground), 1 circuit;
has insulated grounding
conductor.

neutral and 1 ground), 2 circuit;
outlets wired alternately; has
insulated grounding conductor.
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2400 Series Steel Plugmold with Hospital Grade Receptacles Ordering Information

V2400 Base and Cover -
Base - V2400B .040" (1.0mm) steel.
7/8" Cover - V2400C .040" (1.0mm) steel.
(22.2mm)

_~_ Also available in custom colors.
Country of Origin: USA

Cross-Sectional Area:

1.39in? (897mm?)

ITEM CAT. NO. LENGTH MATERIAL
Base V2400B 5' (1.5m) .040 Steel
Cover V2400C 5' (1.5m) .025 Steel
Base & Cover | V2400BC 5' (1.5m) .025 Steel

2401 2"
(51mm)

-

Coupling - For joining lengths of
raceway. Use with V2400 Series.

Country of Origin: USA

“4,

2400WC Wire Clip - Holds conductors in

place in raceway.

/
/)

Country of Origin: USA

"

g

(25mm)

V2406 Cover Clip - For covering joint
where lengths of cover or base
adjoin. Use with V2400 Series
(nonmetallic).

11/2"

(E8mm)~ S Country of Origin: USA

2409 Ground Clamp - No. 10 ground
screw provided. Use with V2400
Series Raceway.

\& 1/2" Country of Origin: USA
(12.7mm)
V2410A Entrance End - For connecting

and armored cable. Use with
V2400 Series Raceway.

15/8"
(41mm)

Country of Origin: USA

V2400 with 1/2" trade size conduit

V2410B

13/16"

sonm >

V2410C

. 17/8"
2 11/16) (48mm)

15/16"

(23.8mm)
21/16"
(52mm) 37/8"
(98mm)
V2417M

13/4"
)/Ij (45mm)

129/32"
(49mm)

V) 1| a2
\ (114mm)
|
41/2X I~

(114mm)

Blank End - For closing open end
of V2400 Series Raceway.

Country of Origin: USA

Entrance End Fitting - Has 1/2"
and 3/4" trade size KOs on end
and bottom. Additional 1/2" trade
size KO on sides.

Country of Origin: USA

90° Flat Elbow - For right
angle turns on the same surface
(nonmetallic cover).

Country of Origin: USA

Internal Elbow - For making
internal 90° corners. All steel
construction.

Country of Origin: USA

External Elbow - For covering
outside corners (nonmetallic
cover).

Country of Origin: USA

Back Feed Fitting - For feeding
2400 Series Raceway from an
existing outlet box. Equipped with
1/2" trade size male bushing and
locknut washer for grounding.

Country of Origin: USA

NOTE: All brand and product names referenced in this document are registered

trademarks or trademarks of their respective holders.
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